[ |
U external mix snow producers

Johnson Controls Neige high efficiency snow producer,
low air consumption & low sound level, with a stand alone
version for specific applications and the « CC » series for
marginal conditions
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Low energy,
external mix snow producers

Rubis

. R6 | _Ri0__ | Riocc | RA10 [ RA10cc |

Stand alone Rubis

Rubis cc

zealand Printed on PEFC certified eco-friendly paper

®re

Rubis 6 meters

Rubis 10 meters

10 meters

10 meters & 10 meters cc

Water flow | 2,6 to 17 m¢/h 3,4 to 28 m3/h 2,3to 17 m3/h 34t028 myh | 2,3to 17 m¢/h
Air flow 521092 Nm¢/h | 21to 40 Nm3/h | 21to 40 Nm¥/h | 21 to 40 Nm¢/h | 21 to 40 Nme/h
Production |, 1500 -3/-15°C -2/-15°C -3/-15°C -2/-15°C
range

Air / Water 12 at -4°C 5at-4°C 4 at -4°C 5at-4°C 4 at -4°C
ratio 5 at -10°C 1at-10°C 2at-10°C 1at-10°C 2 at-10°C
Throw From 5to 30 m 10 to 40 m 10to 40 m 10 to 40 m 10 to 40 m

Mobility Fixed on tower | Fixed on tower | Fixed on tower | Fixed on tower | Fixed on tower
Water
25 to 70 bar 25 to 70 bar 25 to 70 bar 25 to 70 bar 25 to 70 bar
pressure
Weight 105 Kg 120 Kg 120 Kg 400 Kg 400 Kg
Sound level 62 DbA at 50 m side-face
Compressor NA NA NA On-board compressor
4,5 kw
Total power NA NA NA 3 % 400 volts
PLC panel,

Control NA NA NA On-site & remote control,

Automatic modulation of water flow

RUBIS range exists in ST version for specific applications

» Temperature : Wet bulb temperature in °C

e Air / Water ratio at -4°C & -10°C WB, at a 40 bar
pressure, barometric pressure 800 Mb,
air pressure 6 bar abs, Average snow quality
(Quality 5 on the Johnson Controls Neige scale)

¢ Performance of snow producers are subjected

to technol

ogical evolutions

Johnson Controls Neige

3 chemin du Jubin miniparc de Dardilly
Bat 2 F - 69570 Dardilly

Tél.+33 (0)4 72 20 91 60 - Fax +33 (0)4 78 35 01 89

www.johnsoncontrolsneige.com
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